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Pressure Tanks with Agitator
Narrow Mouth

Agitators / Agitator Blades

Type
#MMaterial

Surface Finish Normal Operating 
PressureMain Body Clamp Lid O-Ring Agitator

TNKCKA 304 Stainless Steel Fluororubber TNKAKU Buffed (main body only) Inner & Outer Surface: 
#400 Equivalent (Except Weld Bead Portion on I.D.)

0.5MPa or 
Lower

EFor details of agitators, see P.1280.

Power 
Supply

Maximum 
Output Current

Rotational 
Speed
r/min

Gear Head Reduction Ratio
Variable Speed Range Allowable Torque

5 9 5 9

AC100V 25W 0.7A

90 18 10 0.18 0.33

1200
50Hz 280 156 0.62 1.2

60Hz 300 167 0.49 0.87

QMotor Specifications

Part Number - Reduction Ratio - Blade Shape

TNKCKA4
TNKCKA5.9

-
-

5
9

-
-

B
NA

Alterations Code Price Adder
Material of O-Ring

change from 
Fluororubber 

(Standard) to Nitrite 
Rubber

NBR 
Nitrile 

Rubber 

Part Number - Reduction Ratio - Blade Shape - (LG, NBR Nitrile Rubber )

TNKCKA4 - 5 - B - LG

Alterations Code Spec. Price Adder
Installation of Level Gauge

LG

Install level gauge to provide visual 
view of the liquid level.

Suspended at 40mm from the bottom of the 
tank.4L  
Capacity: X=59.5mm, 5.9L  
Capacity: X=65mm, 12.7L  
Capacity: X=80mm, 22.5L  
Capacity: X=80mmL

 

Ø8

X
40

Part Number - L

TNKAKU5 - 119

Part Number - Type

HANE - A

M Material: 304 Stainless Steel    a Accessories: Nut (304 Stainless Steel)

TNKAKU
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Lock Nut

M38x1.5

Ø12

Ø8

ON/OFF SwitchVelocity Setting Potentiometer

*The length of lead wire 
  is approx. 2000mm

HANE Type A Type B Type C
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M5

12

Ø50

Ø70

Ø14
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Part Number Choice in 
Agitators' Gear 
Head Reduction 

Ratio

Blade Shape
At Full 

Capacity 
(ℓ)

I.D.
D

Effective 
Capacity 
Depth H

At Full 
Capacity 
Depth H1

H2 H3 L P.C.D. D3
Weight 

(Kg)

Unit Price 1~3 pc(s).

Unit Price
(Tank + Agitator)

EBlade Shape

Type
Effective Capacity

(l)
Additional Charge depending on Shape Charge

NA A B C

TNKCKA
4

5 9 NA
(None) A B C 

4.2 158.4 175 260 348 80 119 190 210 7.55   

   5.9 6 180 194 287 375 80 146 210 230 8.45   

12.7 13.2 250 208 325 418 85 185 285 310 9.45   

EFull capacity level is a theoretical value that is obtained by calculation (base area x depth). Use within the effective depth (up to -20mm from upper surface).
E<Reference> Effective Capacity (l)≈ Radius cm (D / 2 / 10) x 3.14 x Depth at Effective Capacity cm (H / 10) / 1000 (At full capacity, H1 is used as H)      E2 agitation blades in same shape comes together.

Part Number
Type

Unit Price
Type Qty. 1~5

HANE
A  

B  

C  

Part Number
Selectable L 
Dimension

Unit Price

Type Gear Head 
Reduction Ratio Qty. 1~3

TNKAKU
5

105 119 136 146 185  
9

Power 
Supply

Maximum 
Voltage Current

Rotational 
Speed
r/min

Gear Head Reduction Ratio
Variable Speed Range Allowable Torque

5 9 5 9

AC100V 25W 0.7A

90 18 10 0.18 0.33

1200
50Hz 280 156 0.62 1.2

60Hz 300 167 0.49 0.87

QMotor Specifications

Shaft L Dimension Applicable Tank

105 TNKBKA2.9

119 TNKCKA4

136 TNKBKA4.7

146 TNKCKA5.9

185 TNKBKA10, TNKCKA12.7

QL Dimension Compatibility Chart

QFeature: Narrow Mouth Pressure Tanks with Base (on P.1276) assembled with agitator.

No Part Name Material Quantity
1 Agitation Blade 304 Stainless Steel 1
2 Agitation Shaft 304 Stainless Steel 1
3 Fixing Nut 304 Stainless Steel 1
4 Sealing Cap 304 Stainless Steel 1
5 Back-Up Ring PTFE 2
6 Seal for O-Ring Viton 1
7 Cap Screw 304 Stainless Steel 4
8 Seal for O-Ring Viton 1
9 Bearing Housing AL, Anodize 1
10 Shaft for Motor Fixing 304 Stainless Steel 4
11 Bearing 304 Stainless Steel 2
12 Bearing Spacer BS 1
13 C-Ring SS 1
14 Cap Screw 304 Stainless Steel 4
15 Coupling 304 Stainless Steel 1
16 Motor Base AL 1
17 Gear Head - 1
18 Electric Motor - 1

QComponent List
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QStructure Diagram

EDo not disassemble.
E�Blade 1 is charged 

separately. See below.

Blade Type (Accessories: 304 Stainless Steel Socket Set Screw)

A B C
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Select from the Right Table.
Blade Type

AgitatorVelocity Setting Potentiometer
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*The length of lead wire is 
  approx.  2000mm

E�For illustrations of blade agitation, see P.1277.

Con�gure Online

Con�gure Online

Con�gure Online

EFor orders larger than indicated quantity, please request a quotation.

EFor orders larger than indicated quantity, please request a quotation.

EFor orders larger than indicated quantity, please request a quotation.

<Price Calculation Example>
The price of Pressure Tanks with Agitator is unit price (Tank + Agitator) plus additional charge depending on blades' 
shape.

For Pricing and Days to Ship,Please Con�gure Online.


