
Adjustable Hoses / Installation Tools

Part Number - Connector Thread Size

AAJD2 - 1

Part Number - Nozzle

HAKD2 - A1

Part Number - Number of Links

HJD2 - 5

· Standard Type
Part 

Number - Hose 
Color - Number of Links

n - Connector
Thread Size - Nozzle

HOSAJ2
HOSVA2 - B

-
-

30
20

-
-

1
2

-
-

A1
D1

· L-Shaped Type
Part 

Number - Number of Links
n - Connector

Thread Size - Number of Links
m - Nozzle

HLVA2 - 10 - 2 - 5 - B1
· Branch Type

Part 
Number - Number of Links

n - Connector
Thread Size - Number of Links m

Right (R) - Number of Links m
Left (L) - Nozzle

HOSVAW2 - 5 - 2 - R10 - L7 - D1

*1. Connector type VAF is not selectable for hose nominal size 3, and hose color G, B.   *2. Hose nominal size 2 and 3 are not selectable for hose color B.
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Chemical A / NA
Solvent g
Lubricant g
Water g
Acid n
Alkali n

QChemical Resistance

Standard Type

HOSAJ (Male)
HOSVA (Male Valve)
HOSVAF (Female Valve)

Tip Shape Selection

Hose

Number of Linksn

C

Length=Bxn+A+C

BA

Connector Selection

Tip Shape
Selection

Left (L)

120°

Length=Bxm+L5+C

Tip Shape Selection

Connector Selection

Number of Linksn

Right (R)

Length=Bxn+A+L4

L4A B

L5
B

C
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s m

Tip Shape Selection

Hose

Number of Linksn

C

Length=Bxn+A+C

BA

Connector Selection

Tip Shape
Selection

Left (L)

120°

Length=Bxm+L5+C

Tip Shape Selection

Connector Selection

Number of Linksn

Right (R)

Length=Bxn+A+L4

L4A B

L5
B

C
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Branch Type

HOSAJW (Male)
HOSVAW (Male Valve)
HOSVAFW (Female Valve)

L-Shaped Type

HLAJ (Male)
HLVA (Male Valve)
HLVAF (Female Valve)

A B L2

L3
B

C

Length=Bxn+A+L2

Le
ng

th
=B

xm
+L

3+
C

Number of Linksn
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Connector Selection

Tip Shape Selection

M Material Hose:  Polyacetal (Blue), (Gray), (Black) 
Connector, Nozzle: Polyacetal (Orange), (Gray), (Black)

 Heat Resistance Temp.: 80°C

QFeatures
· Flexible hose can be bent at any angle and accurately fits workpieces.
·  Lightweight, nonconductive, chemical resistant, shock resistant, and heat resistant resin 
material (Polyacetal).

QApplications
· Best suitable hoses for coolant liquid for metal processing machines, lubricant and air blow. No.2 35mm

No.3 45mm
No.4 45mm

QMin. Bending Radius

No.
Pressure Resistance MPa

Fluid Air

2 0.2 0.5

3 0.2 0.5

4 0.2 0.5

QPressure Resistance

E�Above data are for reference, 
not guaranteed.  A small 
leakage may occur from the 
connection parts.

Part Number

HOSAJT2

HOSAJT

HOSAJ

E Hose body is fragile; handling requires 
careful attention.

Part Number
Unit Price

Type No.

HOSAJT
2

 3

4

Q Special Mounting Tool for Adjustable Hose

QHose Only (Blue)

QNozzle Only (Orange)

QConnector Only (Orange)
Part Number Connector Thread Size (PT) Unit Price

Type Hose
Nominal

AAJD
(Selection)

AVAD / AVAFD
(Fixed) AAJD AVAD AVAFD

AAJD
(Male)
AVAD
(Male Valve)
AVAFD
(Female Valve)

2 1 (R1/8)
2 (R1/4) 2 (R/Rc1/4)    

3 3 (R3/8)
4 (R1/2) 3 (R/Rc3/8)   -

4 3 (R3/8)
4 (R1/2) 4 (R/Rc1/2)    

E For dimension details, refer to the left page.

Part Number Nozzle Nozzle Unit Price

Type Hose
Nominal Shape No. AShape BShape CShape DShape MShape

HAKD

2 A

B

C

D

M

1      
2    -  
3   - - -

3
1  - -  -
2  - - - -
3  - - - -

4
1   -  -
2   - - -
3   - - -

E For dimension details, refer to the left page.

Part Number Unit Price

Type Hose
Nominal AAJY AAJL

AAJL
(L-Shaped)

AAJY
(Y-Shaped)

2   

4   

QConnector Only

E For dimension details, refer to 
the left page.

E For dimension details, refer to 
the left page.

Part Number
Number of 

Links
(Fixed)

Unit Price
Type Hose

Nominal

HJD

2

5

 

3  

4  

Part Number Number of 
Links

n Configurable

Connector Thread Size (PT)
Number of Links
n Configurable

Tip Shape 
 (For dimension details, refer to the left page.)Type Connector Hose

Nominal
AJ

(Selection)
VA / VAF
(Fixed)

HL
AJ (Male)
VA (Male Valve)
VAF (Female Valve)

2
0~30

1 (R1/8)
2 (R1/4) 2 (R/Rc1/4)

0~20
A1, A2, A3, B1, B2, B3, C1, C2, D1, M1, M2

4 3 (R3/8)
4 (R1/2) 4 (R/Rc1/2) A1, A2, A3, B1, B2, B3, D1

QL-Shaped Type  Hose Body: Blue, Nozzle: Orange

Part Number
Hose Color

Number of 
Links

n Configurable

Connector Thread Size (PT)
Tip Shape 

 (For dimension details, refer to the left page.)Type Connector Hose
Nominal

AJ
(Selection)

VA / VAF
(Fixed)

HOS
AJ (Male)
VA (Male Valve)

  *1VAF (Female Valve)

2
Not Specified (Blue)

G (Gray)
*2B (Black)

0~30

1 (R1/8)
2 (R1/4) 2 (R/Rc1/4)

(Hose: Blue) A1, A2, A3, B1, B2, B3, C1, C2, D1, M1, M2
(Hose: Gray) A1, A2, A3, D1
(Hose: Black) A1, A2, A3, C1, C2, D1

3
Not Specified (Blue)

G (Gray)

3 (R3/8)
4 (R1/2) 3 (R/Rc3/8)

(Hose: Blue) A1, A2, A3, D1
(Hose: Gray) A1, A2, A3, D1

4 3 (R3/8)
4 (R1/2) 4 (R/Rc1/2)

(Hose: Blue) A1, A2, A3, B1, B2, B3, D1
(Hose: Gray) A1, A2, A3, D1

QStandard Type  Hose Color: Selectable (Blue (Tip Nozzle: Orange), Gray, Black)

Part Number Number of 
Links

n Configurable

Connector Thread Size (PT) Number of Links
n Configurable Tip Shape 

 (For dimension details, refer to the left page.)Type Connector Branch Type
Identification (Fixed)

Hose
Nominal

AJ
(Selection)

VA / VAF
(Fixed) Right (R) Left (L)

HOS
AJ (Male)
VA (Male Valve)
VAF (Female Valve)

W
2

0~30

1 (R1/8)
2 (R1/4) 2 (R/Rc1/4)

0~20 0~20
A1, A2, A3, B1, B2, B3, C1, C2, D1, M1, M2

4 3 (R3/8)
4 (R1/2) 4 (R/Rc1/2) A1, A2, A3, B1, B2, B3, D1

QBranch Type  Hose Body: Blue, Nozzle: Orange

Hose
Nominal

Link
Unit Price

Connector Unit Price Nozzle Unit Price L-Shaped 
Type /

Branch Type
Additional 

Price

Shape
AJ

Shape
VA

Shape
VAF

A1
A2
A3

B1
B2
B3

C1
C2 D1 M1

M2

2           

3    -  - -  - -

4       -  -  
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Hose
Nominal

R
(PT) A L H T

2
1(R1/8)

23 26.3 14 7
2(R1/4)

3
3(R3/8)

27.3 32 19 8
4(R1/2)

4
3(R3/8)

28 38.3
18.8

7.5
4(R1/2) 20.8

QShapeAJ (Male)

Hose
Nominal

R
(PT) A L H W

2 R1/4 41 44 30 27
3 R3/8 45 49 34 25
4 R1/2 48.5 58 43 34

QShapeVA (Male Valve)

Hose
Nominal

Rc
(PT) A L H W

2 Rc1/4 42 45 30 27
4 Rc1/2 58.2 64 63 34

QShapeVAF (Female Valve)

Hose
Nominal L2 L3

2 17 12
4 23.5 16.5

QL-Shaped

Hose
Nominal L4 L5

2 15.5 9.5
4 23.5 19

QY-ShapedQHose (For All Types)

Hose
Nominal

Hose
I.D. D B L1

2 6.3 15.9 14.8 20.3
3 8.5 20.2 17.6 25.2
4 12.7 25.1 21.1 29.8

T
ip

 S
ha

p
e

QShape A (A1, A2, A3) QShape B (B1, B2, B3) QShape C (C1, C2) QShape D (D1) QShape M (M1, M2)

D

C1

C

d1

d2

F1 4717
.5

C(46)

d1
x1

6 D d 4

C

d3

d2

d1

(H)

A
L

T

Rc (PT)

QShape A

Hose 
Nominal

A1 A2 A3
C C1 D d1 d2 d3 C C1 D d1 d2 d3 C C1 D d1 d2 d3

2 30.0 16.0 16.0 1.6 4.9 7.0 30.0 19.0 16.0 3.2 6.3 9.6 35.0 25.5 16.0 6.3 9.6 11.0 

3 33.0 19.0 21.0 6.3 9.5 13.0 39.0 28.0 21.0 9.5 13.0 15.0 33.0 22.0 21.0 12.7 15.0 16.0 

4 37.5 24.5 24.5 6.6 10.5 12.5 37.5 24.5 24.5 9.5 12.5 15.5 37.5 24.5 24.5 12.5 17.0 19.0 

QShape C

Hose 
Nominal

C1 C2
d1 F1 d1 F1

2 1.0 41.0 1.5 41.0 

QShape D

Hose 
Nominal

D1
C D d1 d2 d3 d4

2 26.4 16 3.2 1.7 25.4 26.8

3 39 21 5 3 32 34

4 50.5 25 6 4.5 44.5 48

QShape B

Hose 
Nominal

B1 B2 B3
C C1 D d1 d2 C C1 D d1 d2 C C1 D d1 d2

2 24.5 12.0 16.0 1.8 4.1 25.5 12.0 16.0 3.2 5.6 26.3 12.0 16.0 6.3 9.0 

4 36.0 20.0 24.5 6.8 9.5 37.0 18.0 24.5 9.5 12.4 39.0 19.5 24.5 12.4 15.4 

EFor prices and ordering examples, refer to the next page.

QShape M

Hose 
Nominal

M1 M2
A L (H) T Rc (PT) A L (H) T Rc (PT)

2 18.5 21 14 14 Rc1/8 22.5 25 17 10 Rc1/4

EShape of M2 is changed.

D

C1

C

d1
d2 d3

Single ItemHAKDSee Next Page
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QMale QMale Valve QFemale Valve QL-Shaped

L2

L3

Q�Y-Shaped (Branch 
Type)

L4

L5

T

R (PT) A

L

H (Wrench Flats)

R (PT)

W

A
L

H

A

Rc (PT)

L

H

W

D

B
L1

Single ItemHJD  See Next Page Single ItemAAJD  See Next Page Single ItemAVAD  See Next Page Single ItemAVAFD  See Next Page Single ItemAAJL  See Next Page Single ItemAAJY  See Next Page

For Pricing and Days to Ship,Please Con�gure Online.


