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There’s more on the web: misumiusa.com Check out misumiusa.com for the most current pricing and lead time.

Part Number MC01-3 MC01-S3

Body Material 1018 Carbon Steel 
or Equivalent 304 S.S.

Surface  
Treatment Trivalent Chromate —

Tightening Force 
(N) 882

Weight (g) 130
Open-Close Angle  

of Arm 80°

Open-Close Angle  
of Handle 73°

Accessories
Bolt with Rubber Material: 

NBR Nitrile Rubber 
Hardness: Shore A70

Stainless  
Steel Bolt

Part Number MC01-2B
Body Material 1018 Carbon Steel or Equivalent

Surface Treatment Trivalent Chromate

Tightening Force (N) 400

Weight (g) 60

Open-Close Angle  
of Arm 90°

Open-Close Angle  
of Handle 75°

Accessories
Bolt with Rubber

Material: NBR Nitrile Rubber 
Hardness: Shore A70

Part Number MC01-2 MC01-S2

Body Material 1018 Carbon Steel 
or Equivalent

304  
Stainless Steel

Surface  
Treatment

Trivalent 
Chromate —

Tightening Force 
(N) 264.6

Weight (g) 35
Open-Close  

Angle of Arm 90°

Open-Close  
Angle of Handle 73°

Accessories *Nylon Bolt Stainless Steel 
Bolt

Part Number MC01-1 MC01-S1

Body Material 1018 Carbon Steel 
or Equivalent

304 Stainless 
Steel

Surface  
Treatment

Trivalent 
Chromate —

Tightening Force 
(N) 264.6

Weight (g) 30
Open-Close Angle 

of Arm 90°

Open-Close Angle 
of Handle 73°

Accessories *Nylon Bolt Stainless Steel 
Bolt

Toggle Clamps
Hold Down, Horizontal Standard Handle (Flange Base)

Hold Down – Horizontal Handle 
Standard Handle (Flange Base)

Hold Down – Horizontal Handle 
Standard Handle (Flange Base)

Part Number

MC01-1

Hold Down – Horizontal Handle 
Standard Handle (Flange Base)

Clamp Condition

Clamp Condition

Clamp Condition

Clamp Condition

Hold Down – Horizontal Handle 
Standard Handle (Flange Base)

1N=0.101972kgf1N=0.101972kgf

1N=0.101972kgf 1N=0.101972kgf

MC01-2B

Part Number MC01-10

Body Material 1018 Carbon Steel  
or Equivalent

Surface Treatment Trivalent Chromate

Tightening Force (N) 3400

Weight (g) 640

Open-Close Angle  
of Arm 90°

Open-Close Angle  
of Handle 62°

Accessories
Bolt with Rubber 

Material: NBR Nitrile Rubber 
Hardness: Shore A70 

Clamp Condition

High Arm Type (Flange Base)

Clamp Condition

High Arm Type (Flange Base)Part Number MC01H-3

Body Material 1018 Carbon Steel  
or Equivalent

Surface Treatment Trivalent Chromate

Tightening Force (N) 900

Weight (g) 150

Open-Close Angle  
of Arm 80°

Open-Close Angle  
of Handle 73°

Accessories
Bolt with Rubber 

Material: NBR Nitrile Rubber  
Hardness: Shore A70

Part Number MC01H-4

Body Material 1018 Carbon Steel  
or Equivalent

Surface Treatment Trivalent Chromate

Tightening Force (N) 2270

Weight (g) 290

Open-Close Angle  
of Arm 90°

Open-Close Angle  
of Handle 65°

Accessories
Bolt with Rubber 

Material: NBR Nitrile Rubber 
Hardness: Shore A70

Part Number MC01-4 MC01-S4

Body Material 1018 Carbon Steel  
or Equivalent

304 Stainless 
Steel

Surface  
Treatment Trivalent Chromate —

Tightening Force 
(N) 2352

Weight (g) 265
Open-Close Angle  

of Arm 90°

Open-Close Angle  
of Handle 65°

Accessories
Bolt with Rubber Material: 

NBR Nitrile Rubber 
Hardness: Shore A70

Stainless 
Steel Bolt

Toggle Clamps
Hold Down, Horizontal Standard Handle (Flange Base) / High Arm Type (Flange Base)

High Arm Type Features (Comparison with Conventional Products)

Conventional Products High Arm Type

Raise by spacer according 
to work heights.

Height is adjustable by 
toggle clamp arms.

Blot

Spacer

Workpiece

Bolt

Workpiece

Part Number

MC01-10
MC01H-3

Clamp Condition

Hold Down – Horizontal Handle 
Standard Handle (Flange Base)

Clamp Condition

Hold Down – Horizontal Handle  
Standard Handle (Flange Base)

MC01-10

MC01H-4 1N=0.101972kgf

1N=0.101972kgf

MC01H-3 1N=0.101972kgf

1N=0.101972kgfMC01-1
MC01-S1 Stainless Steel

* Not a bolt with rubber. MC01-2
MC01-S2 Stainless Steel

* Not a bolt with rubber.

* �Please note that rubber is 
not attached to stainless 
steel bolt.

MC01-3
MC01-S3 Stainless Steel

MC01-4
MC01-S4 Stainless Steel * �Please note that rubber 

is not attached to 
stainless steel bolt.
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