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Extra Low Head / With Hole
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Hexagon Extra Low  
Head Cap Screws

Hexagon Head 
Cap Screw  
with Hole

Material:  304 Stainless Steel or Equivalent 
* Strength Class A2-50 Equivalent

Part Number

RCBH6-10
RSCBH12-40

Part Number

RSCBT5-15

RSCBT

A E L

MxP

Type Material Surface Treatment Hardness Strength Class

RCBH 1035 Carbon Steel Black Oxide 22~32 HRC min. 8.8 Equivalent

RSCBH 304 Stainless Steel  
or Equivalent — — A2-50 Equivalent

Wire

*  The strength class signifies the screw’s tensile strength.
(Ex.) A2 - 50 

This indicates that the minimum value of tensile 
strength is 500 N/mm2. 
 
The steel class is A2 (Austenitic Stainless Steel)

Part Number
L M×P A E

Type M

RSCBT

4 8 10 12 15 20 25 30 4×0.7 7 1.5

5 8 10 12 15 20 25 30 5×0.8 8

2.06 10 12 15 20 25 30 6×1.0 10

8 15 20 25 30 8×1.25 13

Part Number ℓ
M×P A E

Type M L RCBH RSCBH
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10×1.5 17 7
35
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Hexagon Socket Cap Screws
Low Head
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CBSH
M5 or more

o_02_36_19

o_03_36_19

Engraving

CBSSTH
M5 or more

o_02_36_19

o_03_36_19

CBSH / CBSSTH
M4 or less

Identification 
Mark

o_02_36_19

o_03_36_19

Type Material Hardness Surface Treatment Strength Class

CBSH High Strength 4137 Alloy Steel 32~39 HRC min. Black Oxide 10.9

CBS
1045 Carbon Steel or Equivalent 

(M3 through 8 and M12) 
4137 Alloy Steel (M10)

22~32 HRC min. Black Oxide 10.9

CBSSTH High Strength 316L Stainless Steel — — A4-80 (8.8 Equivalent)

CBSST 304 Stainless Steel or Equivalent — — A2-50

M x P A E B t 
max. r

2 x 0.4 3.8 1.3 1.3 1 0.1 or More
2.5 x 0.45 4.5 1.6 1.5 1.3 0.1 or More

3 x 0.5 5.5 2 2 1.5 0.1 or More
4 x 0.7 7 2.8 2.5 2.3 0.2 or More
5 x 0.8 8.5 3.5 3 2.7 0.2 or More
6 x 1.0 10 4 4 3 0.25 or More
8 x 1.25 13 5 5 3.8 0.4 or More
10 x 1.5 16 6 6 4.5 0.4 or More
12 x 1.75 18 7 8 5 0.6 or More

Part Number L
1 mm Increment

ℓ
1 mm Increment A E B t

max.Type M (Coarse)

FCBS
FCBSM
FCBSST

4 10–50
10–40

 ℓ≤L

7 2.8 2.5 2.3
5 10–60 8.5 3.5 3 2.7
6 10–80 10 4 4 3
8 10–90 13 5 5 3.8

Part Number

CBSST4-10

Mechanical Properties (Reference)

Type Tensile Strength
(N/mm2)

0.2% Proof 
Stress (N/mm2)

Corrosion  
Resistance Nonmagnetic

CBSH 1040 900 Acceptable Poor

CBS 800 640 Acceptable Poor

CBSSTH 800 640 Excellent Excellent

CBSST 500 210 Good Good

Hexagon Socket Head 
Cap Screws –
Configurable  
Length

A

LE
t

B

Mx (Coarse)

ℓ

Type Material Surface Treatment Strength Class

FCBS 1045 Carbon Steel  
or Equivalent

Black Oxide
8.8

FCBSM Electroless Nickel Plating

FCBSST 304 Stainless Steel  
or Equivalent — A2-50

Part Number ℓ

Type M - L CBS CBSST

CBS
CBSST

10 - 16

Fully Threaded 
Screws

Fully Threaded 
Screws

20
25
30
35
40
45

32 36
50

CBS
CBSST

12 - 20

Fully Threaded 
Screws

Fully Threaded 
Screws

25
30
35
40
45
50 30 40

Part Number ℓ Available Types

Type M - L CBSH / CBS CBSSTH / CBSST CBSH CBS CBSSTH CBSST

CBSST
2 - 4

— Fully Threaded 
Screws — — — •5

6

CBSST

2.5 - 4

— Fully Threaded 
Screws — — —

•
5

•6
8

10

CBS
CBSST
CBSH
CBSSTH

3 - 4

Fully Threaded 
Screws Fully Threaded 

Screws

• — • —
5

• •

•
6

• •8
10
12 •

—
•

16 — • •20 12

CBS
CBSST
CBSH
CBSSTH

4 - 5

Fully Threaded 
Screws

Fully Threaded 
Screws

— •
6

• • • •8
10
12
16

—
•

—
•

20 • •
25 • •

CBS
CBSST
CBSH
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5 - 5
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Screws

Fully Threaded 
Screws

— — —
•6 • •

8

•

•

•10

• •12
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20

— —25 • •
30 16 22 • •
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CBSST
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6 - 8
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Screws Fully Threaded 

Screws

— • — •
10

• • • •12
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20
25

—

•

—

•
30

18

• •
35
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40 • •
45 • •
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CBSST
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8 - 10

Fully Threaded 
Screws Fully Threaded 

Screws

— •

—

•12

•16
• •20
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30

—

• •
35

22

• •
40

28
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Hexagon Socket Low 
Head Cap Screws

Part Number - L - ℓ

FCBS8 - 38 - 10

!  FCBS, FCBSM, and FCBSST are not available on M4 for L values larger than 51.


