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Check out misumiusa.com for the most current pricing and lead time.
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Adjusting Hoses / Installation Tool

Material: Hose Body : Polyacetal (Blue), (Gray), (Black)
Connector – Tip Nozzle : Polyacetal (Orange), (Gray), (Black)

Hose
Nominal

Thread Size
(R (PT)) A L H T

2
1 (R1/8)

23 26.3 14 7
2 (R1/4)

3
3 (R3/8)

27.3 32 19 8
4 (R1/2)

4
3 (R3/8)

28 38.3
18.8

7.5
4 (R1/2) 20.8

Hose
Nominal R (PT) A L H W

2 R1/4 41 44 30 27

3 R3/8 45 49 34 25

4 R1/2 48.5 58 43 34

Hose
Nominal Rc (PT) A L H W

2 Rc1/4 42 45 30 27

4 Rc1/2 58.2 64 63 34

Standard

HOSAJ Threaded

HOSVA Threaded Valve

HOSVAF Female Valve

Nozzle 
Selection

Hose Body

No. of Links n

C

Length=Bxn+A+C

BA

Connector 
Selection

Nozzle 
Selection

Left (L)

120°

Length=Bxm
+L4+C

Nozzle 
Selection

Connector 
Selection

No. of Links

Right (R)

Length=Bxn+A+L3
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L-Shaped

HLAJ Threaded

HLVA Threaded Valve

HLVAF Female Valve

Branch

HOSAJW Threaded

HOSVAW Threaded Valve

HOSVAFW Female Valve

Hose Body For All Types Shape AJ Male Shape VA Male Valve Shape VAF Female Valve L-Shaped Y-Shaped
Hose

Nominal
Hose

Inner Dia. D B L1

2 6.3 15.9 14.8 20.3

3 8.5 20.2 17.6 25.2

4 12.7 25.1 21.1 29.8

Hose 
Nominal L2 L3

2 17 12

4 23.5 16.5

Hose
Nominal L4 L5

2 15.5 9.5

4 23.5 19

Nozzle 
Selection

Hose Body

No. of Links n

C

Length=Bxn+A+C

BA

Connector 
Selection

Nozzle 
Selection

Left (L)

120°

Length=Bxm
+L4+C

Nozzle 
Selection

Connector 
Selection

No. of Links

Right (R)

Length=Bxn+A+L3
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Shape A (A1, A2, A3) Shape B (B1, B2, B3) Shape C (C1, C2) Shape D (D1) Shape M (M1, M2)

D

C1

C

d1
d2 d3

D

C1

C

d1

d2

F1 4717
.5

C (46)

d1
x1

6 D d 4

C

d3

d2

d1

(H)

A
L

T

Rc (PT)

Ho
se

Single Item HJD See Next Page

Co
nn

ec
to

r

Male

Single Item AAJD See Next Page

Male Valve

Single Item AVAD See Next Page

Female Valve

Single Item AVAFD See Next Page

L-Shaped

Single Item AAJL See Next Page

Y-Shaped (Branch Type)

Single Item AAJY See Next Page

Shape A

Hose 
Nom.

A1 A2 A3
C C1 D d1 d2 d3 C C1 D d1 d2 d3 C C1 D d1 d2 d3

2 30.0 16.0 16.0 1.6 4.9 7.0 30.0 19.0 16.0 3.2 6.3 9.6 35.0 25.5 16.0 6.3 9.6 11.0

3 33.0 19.0 21.0 6.3 9.5 13.0 39.0 28.0 21.0 9.5 13.0 15.0 33.0 22.0 21.0 12.7 15.0 16.0

4 37.5 24.5 24.5 6.6 10.5 12.5 37.5 24.5 24.5 9.5 12.5 15.5 37.5 24.5 24.5 12.5 17.0 19.0

Shape B 

Hose 
Nom.

B1 B2 B3
C C1 D d1 d2 C C1 D d1 d2 C C1 D d1 d2

2 24.5 12.0 16.0 1.8 4.1 25.5 12.0 16.0 3.2 5.6 26.3 12.0 16.0 6.3 9.0

4 36.0 20.0 24.5 6.8 9.5 37.0 18.0 24.5 9.5 12.4 39.0 19.5 24.5 12.4 15.4

Shape C

Hose 
Nom.

C1 C2
d1 F1 d1 F1

2 1.0 41.0 1.5 41.0

Shape D

Hose 
Nom.

D1
C D d1 d2 d3 d4

2 26.4 16 3.2 1.7 25.4 26.8

3 39 21 5 3 32 34

4 50.5 25 6 4.5 44.5 48

Shape M

Hose 
Nom.

M1 M2
A L (H) T Rc (PT) A L (H) T Rc (PT)

2 18.5 21 14 14 Rc1/8 22.5 25 17 10 Rc1/4
!  Shape of M2 is changed.

!  �Hose body is fragile. Be careful when handling.

Part Number
Type No.

HOSAJT
2
3
4

HOSAJT

HOSAJ
Part Number

HOSAJT2

Adjusting Hoses

Installation Tool
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Connectors / Valves / Hoses

!  ��For dimension details, 
refer to the right page.

Connectors / Valves / Hoses
Part Number Connector Thread Size (PT)

Type Hose Nominal AAJD
Selectable

AVAD / AVAFD
Fixed

AAJD
Male

AVAD
Male Valve

AVAFD
Female Valve

2 1 R1/8
2 R1/4

2 R/Rc1/4

3 3 R3/8
4 R1/2

3 R/Rc3/8

4 3 R3/8
4 R1/2

4 R/Rc1/2

Part Number Nozzle

Type Hose Nominal Shape No.

HAKD

2
A

B

C

D

M

1
2
3

3
1
2
3

4
1
2
3

Part Number

Type Hose Nominal

AAJL
L-Shaped
AAJY
Y-Shaped

2

4

Connector Only

Part Number
No. of Links

N Configurable

Connector Thread Size (PT)
No. of Links

n Configurable
Tip Shape

For dimension details, refer to the left page.Type Connectors
Selection

Hose
Nominal

AJ
Selectable

VA / VAF
Fixed

HL

AJ Male

VA Male Valve

VAF �Female 
Valve

2

0–30

1 R1/8
2 R1/4

2 R/Rc1/4

0–20

A1, A2, A3, B1, B2, B3, C1, C2, D1, M1, M2

4 3 R3/8
4 R1/2

4 R/Rc1/2 A1, A2, A3, B1, B2, B3, D1

L-Shaped Type Hose Body: Blue, Nozzle: Orange

Part Number
Hose Color

0.5 mm Increment
No. of Links

n Configurable

Connector Thread Size (PT)
Tip Shape

For dimension details, refer to the left page.Type Connectors
Selection

Hose
Nominal

AJ
Selectable

VA / VAF
Fixed

HOS
AJ Male
VA Male Valve
VAF �Female 

Valve*1

2
Not specified Blue

G Gray
B Black*2

0–30

1 R1/8
2 R1/4

2 R/Rc1/4
Hose: Blue	 A1, A2, A3, B1, B2, B3, C1, C2, D1, M1, M2
Hose: Gray	 A1, A2, A3, D1
Hose: Black	 A1, A2, A3, C1, C2, D1

3
Not specified Blue

G Gray

3 R3/8
4 R1/2

3 R/Rc3/8
Hose: Blue	 A1, A2, A3, D1
Hose: Gray	 A1, A2, A3, D1

4 3 R3/8
4 R1/2

4 R/Rc1/2
Hose: Blue	 A1, A2, A3, B1, B2, B3, D1
Hose: Gray	 A1, A2, A3, D1

*1. Connector type VAF is not selectable for hose nominal size 3, and hose color G, B. *2. Hose nominal size 2 and 3 are not selectable for hose color B. 
3*. Connector type VAF is not selectable for hose nominal size 2 and 4, and hose color G.

Part Number
No. of Links

n Configurable

Connector Thread Size (PT) No. of Links
n Configurable Tip Shape

For dimension details, refer to the left page.Type Connectors
Selection

Branch Type
Identification (Fixed)

Hose
Nominal

AJ
Selectable

VA / VAF
Fixed Right (R) Left (L)

HOS

AJ Male

VA �Male 
Valve

VAF �Female 
Valve

W

2

0–30

1 R1/8
2 R1/4

2 R/Rc1/4

0–20 0–20

A1, A2, A3, B1, B2, B3, C1, C2, D1, M1, M2

4 3 R3/8
4 R1/2

4 R/Rc1/2 A1, A2, A3, B1, B2, B3, D1

Branch Type Hose Body: Blue, Nozzle: Orange

Standard Type

Part Number - Hose Color - No. of Links n - Connectors Thread Size - Nozzle

HOSAJ2
HOSVA2 - B

-
-

30
20

-
-

1
2

-
-

A1
D1

L-Shaped Type

Part Number - No. of Links n - Connectors Thread Size - No. of Links m - Nozzle

HLVA2 - 10 - 2 - 5 - B1
Branch Type

Part Number - No. of Links n - Connectors Thread Size - No. of Links m Right (R) - No. of Links m Left (L) - Nozzle

HOSVAW2 - 5 - 2 - R10 - L7 - D1

Part Number - Connectors Thread Size

AAJD2 -
1
2

Part Number - Nozzle

HAKD2 - A1

Part Number - No. of Links n

HJD2 - 5


