Floating Joints

Mount Flange / Flat Connectors
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Tip shape of cylinder connector is flat and effective for machine accuracy. o
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Floating Joints — Floating Joints — [
Mount Flange Flat Connectors SL
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Set ype Mount Flanges Cylinder Connector E (&)
li C I ~

Standard Compact I U Material Hardness Surface Treatment Material Hardness Surface Treatment ;

T
1045 Carbon Steel ; 1045 Carbon Steel ; ()

FJAZ FJCZ FJIN or Equivalent 40HRC~ Black Oxide or Equivalent Section from 45 HRC Black Oxide %

440C Stainless Steel 440C Stainless Steel Induction Hardened =

FJAZS B FJINS or Equivalent 45HRC~ B or Equivalent B S

Mount Flanges Cylinder Connector sz/( 6-v3/ )
Standard Type Compact Type
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Part Number Mount Flange yli C
Type M A D, D, t F P.C.D. d d, H, E G M x Pitch L L D H T w L
8 51 24 17 37 30 37 8x1.25 14 16 23 14
Set 8 16 7 11 6 25 8 10
FJAZ 10 54 28 21 40 32 40 10x1.25 15 20 27 17
FJAZS
FJCZ 14 [ 70 | 36 | 27 | 10 | 20 | 52 | 10 | 14 8 42 | 52 | 14x15 21 3% | 25 | 34 | 10 | 22 | 12
Cylinder Only
FJZN 18 | 9 | 46 | 35 | 12 | 24 | 68 | 12 | 175 | 10 | 54 | 68 | 18x15 27 | 45 | 32 | 43 | 12 | 27 | 15
FJZNS
22 106 56 44 15 30 80 14 20 12 66 80 22x1.5 33 55 40 52 15 32 18

O 440C Stainless Steel or Equivalent Hardened Type may be discolored due to hardening.
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FJAT, %ed side will be chosen as needed.
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Check out misumiusa.com for the most current pricing and lead time. 3625



