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Cap Screws
Captured Washer Hexagon Socket Head (Box)

Pan Head Screws

Captured Washer Phillips / Phillips Without Washers (Box)

Cap Screws — Captured Part Number
Washer Hexagon Socket Pes./Box
Head (Box) Type M- L
3-6
8
s ) 0
12
Captured Spring Washer 48
Type Part Number Material
Screw 304 Stainless Steel or Equivalent 10 500
BOX-SCBZ - - -
Spring Washer 304 Stainless Steel or Equivalent 12
o MxP 15
o BOX-SCBZ 20
& 5 -10
L@ | 12
E L
15
MxP 20
(Coarse) A E B C (a)
3x0.5 55 3 25 55 24 6 -12
4x0.7 7 4 3 7 35 200
5x08 85 5 4 85 43 15
6x1.0 10 6 5 11.5 5.1 2
@ (a) is the max length (reference) between head surface and the complete thread.
(@ Can be ordered as single item. P.2383 25
Cap Screws — Captured Part Number
Flat and Spring Washer Pes./Box
Hexagon Socket Head Type M- L
(Box)
3-6
8
[RoHS 10 10
Spring / Washer Assembled Type 12
Type Part Number Material
Screws 302HQ Stainless Steel or Equivalent 4 -8
BOX-SCBS Spri
pring Washers . :
Flat Washers 304 Steel or Equivalent 10 o
o
_ﬂ-i MxP 12
< (U
i ’
(@ ‘ BOX-SCBS 20
B E L
5-10
MxP
(Coarse) A E B H D (a)
3%0.5 55 3 2.5 5.5 7 3 12
4x0.7 7 4 3 7 9 4.4
5x0.8 8.5 5 4 8.5 10 5.4 15
6x1.0 10 6 5 11.5 12.5 6.9
@ (a) is the max length (reference) between head surface and the complete thread. 20
@ Can be ordered as single item. P.2383
(@ When you order, please specify the box quantity. Minimum order is 1 box. 6 -12
200
15
Part Number 20
.4 Example BOX-SCBZ5-10
BOX-SCBS5-10 25

¥ MiSUMi

There’s more on the web: misumiusa.com

Part Number
Pan Head Screws — Pcs./Box
Captured Washer Phillips Type M- L @
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Captured Washer Phillips Pan Head Screws 8 ]
Type Part Number Material 10 £
Screw 26- 4
304 Stainless Steel
BOX-SCBJ Spring Washer or Equivalent 5
Flat Washer 6
ola| Mxp 8 500
L] \ 10
il BOX-SCBJ
= i Stainless Steel 3-5- 5
N 6
@ |
E L 8
10
MxP Cross Recess 4 -5
(Coarse) A E c D @ Number 6
2x0.4 3.5 1.3 4 [§ 21 1 8
2.5x0.45 4.5 1.7 4.8 7.5 2.7 1
26x045 | 45 17 48 75 27 1 10
3%0.5 55 2 55 8 3 2 5-8
4x0.7 7 2.6 7 10 4.4 2 10
5x0.8 9 3.3 8.5 12 5.4 2 12
6x1.0 10.5 39 115 13 6.9 3 15
@ (a) is the max length (reference) between head surface and the complete thread. 6 -10
@ Can be ordered as single item. P2424 12 200
15
Pan Head Screws — Part Number Pcs./Box
Phillips (Box) Type M- L .
-3
4
5
6
[RoHS 10 g
25- 3
. 4
Phillips Pan Head Screws 5
Type Material 6
BOX-NKJ 304 Stainless Steel or Equivalent 8
MxP 10 2,000
_ 26- 3
< L 4
5
JL;,‘ b
BOX-NKJ 8
Stainless Steel 10
MIXE A E Phillips Number
(Coarse) P 3-5
2x0.4 3.5 1.3 1 6
2.5x0.45 45 1.7 1 8
2.6x0.45 45 1.7 1 10
3x05 55 2 2 7 -5
4x0.7 7 2.6 2 6
5x0.8 9 3.3 2 1,000
6x1.0 10.5 39 3 8
10
@ Can be ordered as single item. P-2421 5 -8
@ When you order, please specify the box quantity. Minimum order is 1 box. 10
500
12
15
part Number
Example 6 -10
/ p BOX-SCBJ5-10 12 300
BOX-NKJ5-10
15
2369

Check out misumiusa.com for the most current pricing and lead time.



