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Specifications
Applicable Fluid Water, Air, Oil Part Number
Speclflcatlons Operating Temperature Range -20-150°C (No Freezing) A Example HOSSH92
Applicable Fluid Water, Air, Ol Part Number Normal Operating Pressure 3.5 MPa
Operating Temperature Range -50-150°C (No Freezing) /| Example HOSN61
Normal Operating Pressure 3.5 MPa HOSJJS12
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