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Connector Pin Arrangement Diagram
(From connector mating surface)

CN2

300mm
100mm 100mm

CN1 CN2
MIL20-core Y Terminal Mark Tube
Pin No. Pair No. Cable Color Line Color Pin No.

1 —
1 Pair Orange (Light Brown) Black 1 — 20

2 — Orange (Light Brown) Red 1 — 10
3 — 2 Pairs Yellow Black 1 — 19
4 — Yellow Red 1 — 9
5 — 3 Pairs Light Green Black 1 — 18
6 — Light Green Red 1 — 8
7 — 4 Pairs Gray Black 1 — 17
8 — Gray Red 1 — 7
9 — 5 Pairs White Black 1 — 16
10 — White Red 1 — 6
11 — 6 Pairs Orange (Light Brown) Black 2 — 15
12 — Orange (Light Brown) Red 2 — 5
13 — 7 Pairs Yellow Black 2 — 14
14 — Yellow Red 2 — 4
15 — 8 Pairs Light Green Black 2 — 13
16 — Light Green Red 2 — 3
17 — 9 Pairs Gray Black 2 — 12
18 — Gray Red 2 — 2
19 — 10 Pairs White Black 2 — 11
20 — White Red 2 — 1
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