E Our Resin Washers are available in polyacetal and phenolic. There are two different Resin Washers available: with pre-selected outside

diameter and with configurable 0. D. selection, where you specify all of the dimensions from listed ranges.

M Configurable
Material Standard Configurable D T .
Polyaceta T} -FWSJ] - i LA )
bolvacetal Phenolic Cardboard U-WSJB -FWSJB Part No. ! Choose In Choose in U-FWSJJ | U-FWSJB | U-FWSJN
olyaceta Phenolic Clothboard U-WSJN -FWSJN 0.01" Increments 0.001" Increments : ) ) Linear
@ Material Characteristics 2= P.630 Selection 0.81~1.19 0.094 ~ 0.250 440 3.80 8.50 Motion
h_"'_'q 0 (No Hole)
Co 0.078 0.251 ~ 0.500 6.60 4.20 9.50
U-FWSJJ 0.094 120156
Phenolic Phenolic == U-FWSJB 0.109 : : 0.094 ~ 0.250 5.40 5.80 12.40
Cardboard Clothboard | i 0.251 ~ 0.500 7.40 7.90 1450
| - U-FWSJN Range
0.125~1.875 1.57~2.00 0.094 ~ 0.250 6.30 6.70 13.90
L | Choose in
, .81 0.001" Increments 0.251 ~ 0.500 8.40 9.00 17.90
+0.00 Selection Criteria: D>V+0.13
~—D — 1 --T0005 ® Surface Roughness: @The part number consists only of the fields with blue characters.
Unless otherwise specified %

521 Order Example Rotary
M Standard Motion
Pari No. D T [ PatNo. |—[ v [-[ D |- T |
v Selection (Callout) Selection U-FWSIN —V1.180— D1.31 — T0.125
TVPe | caltout|Actual s;:::’ 1/4 |5/16| 3/8 |7/16| 172 | 5/8 | 3/4 | /8 | e |1-1/4|1-1/2|1-3/4| 2 5/64‘ 3/32‘ 1/8 ‘ 3/16‘ 3/8
0.11]0.112] #4 |0.25 0.31 0.38 0.078
0.14 [0.138] #6 0.31 0.38 0.44 0.078 “ Days ﬂ
0.16 [0.164] #8 0.38 0.44 0.50 0.078 0.125 to Ship ays

0.19 ]0.190 | #10 0.44 0.50 0.63 0.078 0.094 0.125 ®Non-ReturnableRE"P.30
U-WSJJ 0.25 |0.250 | 1/4 0.50 0.63 0.75 0.078 0.125 0.188 :
U-WSJB 0.31]0.313 | 5/16 0.63 0.75 0.88 0.094 0.125 0.188 EOC&UHQ

0.38 |0.375 | 3/8 0.75 0.88 1.00 0.094 0.125 0.188 omponents
U-WSJN 938 [0.375| 3/8 1.25 0.125_0.188 M Quantity Discount Rate

0.50 |0.500| 1/2 0.88 1.00 1.25 1.50 0.125 0.188 $ Price Quantity | 1~19 | 20-49 | 50-99 | 100~

0.63 |0.625| 5/8 1.25 1.50 1.75 0.125 0.188 0.375 Rate | — [ 5% [ 10% | 15%

[]_75 0_750 3/4 150 1_75 200 0125 0188 0.375 (@ For larger quantity orders "Days to Ship" may differ from published catalog term. B P.29

1.00 [1.000] 1" 1.75 2.00 0.125 0.188 0.375
Order Example ®The part number consists only of the fields with blue characters. ~ (® Please refer to the table below for technical information. Genera

C t
‘ Part No. ‘—‘ D ‘—‘ T ‘ ex Example omponents

U-WSJJ 0.19 — D0.50 — T0.125
Technical Information

D Days Standard Express
i i . Specif . =
03!I205ul No1n;‘|‘na| Aslua(u]l'gggeler _]'a o Ship -Days (Exppressy A)‘ $2.00/p|ece} B P.30
0.31 5/16 0.313 @Non-RetumableBEP.30 (P A flat charge of $5.40 for 3 or more identical pieces.
0.38 3/8 0.375
0.44 7116 0.438
0.50 12 0.500
0.63 5/8 0.625
0.75 3/4 0.750
0.88 7/8 0.875
1.00 1 1.000
1.25 1-1/4 1.250
1.50 1-1/2 1.500
1.75 1-3/4 1.750
2.00 2" 2.000
M Quantity Discount Rate
$ Price Quantity | 1-19 | 20~49 | 50-99 [ 100~
Rate | — { 5% { 10% { 15% (@ For larger quantity orders "Days to Ship' may differ from published catalog term. B P.29
$ Unit Price D
(Qty. 1~19) 0.25 0.31 0.38 0.44 0.50 0.63 0.75 0.88 1.00 1.25 1.50 1.75 2.00
U-wsJdJ 1.20 1.20 1.20 1.50 1.50 1.70 1.80 2.10 210 2.50 3.00 3.50 3.50

U-WsJB 1.00 1.00 1.00 1.30 1.30 1.50 1.70 2.00 2.00 2.30 2.60 310 310
U-WSJN 2.00 2.00 2.00 250 250 260 3.30 3.50 3.50 410 5.00 6.60 6.60

509 BS P.30 NS 510

TEL.1-847-843-9105 FAX.1-847-843-9107 TOLL FREE TEL.1-800-681-7475  TOLL FREE FAX.1-800-681-7402
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