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Standard Type

Standard Type

FSWN (1045 Carbon Steel)

FSWJ (Polyacetal)

Hole Selection One-Hole Type

Shim for Flat Stopper Standard Type

Clamp Plates

Shims for Clamp Plates

Standard

Wide

 No R1 for PCWJ, PCWHJ and 
PCWFJ (Polyacetal).
 Induction hardening is ap-
plicable only to PCW · PCWH · 
PCWF.

   

Flat Stoppers−Standard/Configurable Type−

Flat Stoppers−Hole Selection Type−

  P.1327.

  304 Stainless Steel (T=0.1,0.2)
Low Carbon Steel Equivalent (T=0.5,1)

  1045 Carbon Steel  40~45HRC

FSWN · FSWNF
 1045 Carbon Steel
  40~45HRC

FSWJ · FSWJF
  Polyacetal

  304 Stainless Steel (T=0.1 · 0.2)
Low Carbon Steel  (T=0.5~4)

CPWC (For Standard Type)
CPWHC (For Wide Type)

FSWNF (1045 Carbon Steel)

FSWJF (Polyacetal)

FSWNSF (1 Hole)

FSWNWF (2 Holes)

Configurable Type

Dimension of Counterbore

Hole Selection Two-Hole Type

FSWNC

Part Number − T − L − X − Hole Selection

FSWN12
FSWNSF16
FSWNWF16

−
−
−

15
12
15

−
−
−

75
16
40 − X10

−
−

Z5
M6

 P.92Express A $3.00/piece

6

Volume Discount Rate
Quantity  1~9 10~19 20~49 50~

Rate Price List 5% 10% 15%
 For larger quantity orders "Days to Ship" may 
differ from published catalog term. P.91

Part Number − T − L

FSWNC12 − 0.1 − 75

Volume Discount Rate
Quantity  1~9 10~19 20~29 30~

Rate Price List 5% 10% 15%

For larger quantity orders "Days to Ship" may differ from published catalog term. P.91

 
P.92Express A $2.00/piece6

Part Number − T − L

PCWH50
CPWHC50

−
−

20
2

−
−

100
75

•Clamp Plates

6  P.92Express A $5.00/piece

•Shims for Clamp Plates

6  P.92Express A $2.00/piece

Volume Discount Rate
Quantity  1~9 10~49 50~99 100~

Rate Price List 5% 10% 15%
 For larger quantity orders "Days to Ship" may differ from 
published catalog term. P.91

•Clamp Plates

Volume Discount Rate
Quantity  1~9 10~19 20~29 30~

Rate Price List 5% 10% 15%
 For larger quantity orders "Days to Ship" may differ from 
published catalog term. P.91

•Shims for Clamp Plates

Part Number − T − L(LC)

PCWHJ50
CPWHC60

−
−

20
0.5

−
−

LC80
LC90

8

Wide Two-Hole

Wide Four-Hole

Standard

Non-Returnable  P.92

Non-Returnable P.92

Part Number
T L d d1 h

Unit Price Qty. 1~9
Type A FSWN FSWJ

FSWN
(1045 Carbon Steel)

FSWJ
(Polyacetal)

12

12  15  20 50  75  100

4.5 8 5  7.30  8.80
15

5.5 9.5 6
 8.50  9.80

16 12.30 12.80
19

6.6 11 7
14.50 14.80

25 16.80 17.10

Part Number T
1mm Increment

L
1mm Increment

X
1mm Increment

Hole Selection Unit Price
Type A M (Tapped) Z (Counterbore) Qty. 1~9.

FSWNWF

12
10~15

35~100 10~30

M4 · 5 · 6 Z4 · 5 12.20
15

M4 · 5 · 6 Z4 · 5 · 6
17.20

16 20.60
19

6Z6M02~01
26.20

25 30.00

Part Number
T L D

Unit Price Qty. 1~9
Type A T0.1 · 0.2 T0.5 · 1

FSWNC

12
0.1
0.2
0.5
1

30
50
75

100

5 3.40 4.80
15

6
3.40 4.80

16 3.40 4.80
19

7
3.60 5.00

25 3.60 5.00

Type
Standard Wide Two-Hole Wide Four-Hole

PCWN PCWHN PCWFN
1045 Carbon Steel

−

PCW PCWH PCWF 55HRC~ (Induction Hardened)

PCWJ PCWHJ PCWFJ Polyacetal −

Part Number
T L X Y d d1 h

Unit Price Qty. 1~9
Type A PCWN PCW PCWJ

PCWN
PCW
PCWJ

12

12
15
20

30
50
75
100

7 6 4.5 8 5 10.00 11.30 10.20
15

9
7.5

6.6 11 7
11.00 12.50 11.10

16 06.3103.6103.418
19

50
75
100

11 9.5 9 14 9 16.70 18.90 15.30
25

13

12.5

11 18 11

22.00 25.00 19.60
30 03.1205.7202.4251
40 08.3203.1305.7202
50 05.5200.5308.0352

Part Number
T L X Y d d1 h

Unit Price Qty. 1~9
Type A PCWHN PCWH PCWHJ PCWFN PCWF PCWFJ

(2-Hole)
PCWHN
PCWH
PCWHJ

(4-Hole)
PCWFN
PCWF
PCWFJ

30

12
15
20

50
75
100

13 13 11 18 11

24.80 27.50 21.30 − − −
40 28.00 31.30 23.80 − − −
50 31.50 35.00 26.40 31.50 35.00 26.40
60 35.00 38.80 28.90 35.00 38.80 28.90
80 38.30 42.50 31.50 38.30 42.50 31.50
100 40.50 45.00 34.00 40.50 45.00 34.00

Part Number
T L D b e

Unit Price Qty. 1~9
Type A T0.1 T0.2 T0.5 T1 T2 T4

CPWC

12
30  50  75  100

5 7
3.40 3.60 4.80 6.00 6.20 9.5015

7 9
16 0.1  0.2
19 (304 Stainless Steel)

50  75  100

10 11 A
3.60 4.00 5.00 6.40 6.60 10.50

25

12 13

2
30 0.5  1  2  4 3.80 4.40 5.40 6.80 6.80 11.30
40 (Low Carbon Steel) 4.00 4.80 5.80 7.20 7.20 12.20
50 4.20 5.20 6.20 7.60 7.60 13.00

CPWHC

30

50  75  100 12 13 13

4.00 4.80 6.00 7.00 7.20 11.20
40 0.1  0.2 4.30 5.40 6.60 7.60 7.80 12.30
50 (304 Stainless Steel) 4.60 6.00 7.20 8.20 8.40 13.20
60 0.5  1  2  4 4.90 6.60 7.80 8.80 9.00 14.00
80 (Low Carbon Steel) 5.20 7.20 8.40 9.40 9.60 14.80

100 5.50 7.80 9.00 10.00 10.20 15.70

Part Number T
1mm Increment

L
5mm Increment d d1 h

Unit Price Qty. 1~9
Type A FSWNF FSWJF

FSWNF
(1045 Carbon Steel)

FSWJF
(Polyacetal)

12

10~20 35~100

4.5 8 5 10.20 10.70
15

5.5 9.5 6
14.30 14.80

16 17.20 17.70
19

6.6 11 7
21.80 22.30

25 25.00 25.50

Part Number T
1mm Increment

L
1mm Increment

Hole Selection Unit Price
)deppaT( MAepyT Z (Counterbore) Qty. 1~9.

FSWNSF

12
10~15

A≤L≤60

M4 · 5 · 6 Z4 · 5  8.90
15

M4 · 5 · 6 Z4 · 5 · 6
12.50

16 15.10
19

10~20 M6 Z6
19.10

25 21.90

Alterations Code Details Price Adder

LC

L Dimension 1mm Increment 
for Clamp Plate
Lmin≤LC≤Lmax
Ordering Code LC80

4.00

LC

For Shims for Clamp Plate
LC:  1mm Increment

CPWC:30<LC<100
CPWHC:50<LC<100

Ordering Code LC80

8.00

d d1 h
Z4 4.5 8 5
Z5 5.5 9.5 6
Z6 6.6 11 7

LC
L

LC
L
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