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One-Touch Couplings

Threaded Connectors

Threaded Connectors
 −Hexagon Socket Head Type−

MJCNL Thread: C3604 Brass (JIS)
MJCNLS Thread: 304 Stainless Steel

 Ring: PBT (Polybutylene Terephthalate)

MJCNC Thread: C3604 Brass (JIS)

 Ring: PBT (Polybutylene Terephthalate)

 For larger quantity orders "Days to Ship" 
may differ from published catalog term.  P.91

Threaded Elbows

Long Elbows

MJELL Thread: C3604 Brass (JIS)
MJELLS Thread: 304 Stainless Steel

 Body: PBT (Polybutylene Terephthalate)

MJELG Thread: C3604 Brass (JIS)

 Body: PBT (Polybutylene Terephthalate)

Union Elbows

 PBT (Polybutylene Terephthalate)

45° Elbows MJEFE

 PBT (Polybutylene Terephthalate)

L-Connectors UJLCN

 PBT (Polybutylene Terephthalate)

Bulkhead Unions MJBUL Thread: C3604 Brass (JIS)
MJBULS Thread: 304 Stainless Steel

 Ring: PBT (Polybutylene Terephthalate)

Tapped Connectors MJCNF

 Thread:  C3604 Brass (JIS)
       Ring: PBT (Polybutylene Terephthalate)

Union Straight UJSTL

 PBT (Polybutylene Terephthalate)

Reducers UJRDS

 PBT (Polybutylene Terephthalate)

 Stepped Diameter 
Union Straight

UJDST

 PBT (Polybutylene Terephthalate)

 cation
Permissible Fluid Compressed Air Water

Operating Temp. Range −15~60°C 5~40°C

Max. Operating Pressure 1MPa

Operating Vacuum Level −100kPa −

 Fit Soft Tube Insert (P.1666) into the tube for water service.

Part Number − Nominal − D2 − Body Color

MJCNL6
UJRDS6
UJLCN4

− 1
− 10

−
−
−

B
B
B

6  P.92Express T $4.00/piece
Express A $2.00/piece
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 UNRDS has been changed. Orders acceptable until April, 2009.

 UNDST has been changed. Orders acceptable until April, 2009.

 UNSTL has been changed. Orders acceptable until April, 2009.

 MLCNF has been changed. Orders acceptable until April, 2009.

 MLCNC has been changed. Orders acceptable until April, 2009.

 Bushing ring of MJCNLS is blue.  MLCNL, MLCNLS has been changed. Orders acceptable until April, 2009.

UJEBL

 Bushing ring of MJBULSK is blue.  

 

 

 

 Bushing ring of MJELLS is blue.  

Non-Returnable P.92

Part Number
Nominal Body 

Color A W / Flats
H

Thread Size
M

Effective Sectional Area (mm2)
(Urethane Tube)

Mass
(g)

MJCNL Unit Price MJCNLS Unit Price
Type D Qty. 1~9 Qty. 10~49 Qty. 1~9 Qty. 10~49

MJCNL

MJCNLS

3.2 M5 B(Black)
18 8 M5x0.8

2.7
3.3 3.10 2.40 − −

1 16.5 10 R1/8 6 2.90 2.30 − −

4
M5

B(Black)

W(White)

21.5
10

M5x0.8
4

6 2.10 2.00 10.80 10.20
1 20.5 R1/8 8 1.80 1.70 10.50 9.90
2 19.5 14 R1/4 15 2.00 2.00 13.10 12.40

6

M5 23
12

M5x0.8 4.4 9 2.30 2.20 12.20 11.50
1 23 R1/8

10.3
11 1.80 1.70 11.50 10.90

2 23.5 14 R1/4 18 2.00 1.80 12.90 12.20
3 21.5 17 R3/8 26 2.60 2.50 15.80 15.00

8
1 28

14
R1/8 17.5 18 2.10 2.00 13.00 12.30

2 27 R1/4
22.4

17 2.20 2.10 12.80 12.10
3 22.5

17

R3/8 24 2.60 2.50 14.20 13.40

10

1 31 R1/8 17.5 26 2.60 2.50 19.00 18.00
2 32.5 R1/4

30.5

22 2.60 2.50 19.20 18.20
3 28.5 R3/8 26 2.60 2.50 19.20 18.20
4 26.5 22 R1/2 49 3.40 3.30 21.00 19.90

12
2 35.5

19
R1/4 37 3.30 3.10 23.80 22.60

3 30.5 R3/8
40

32 3.30 3.10 23.80 22.60
4 29.5 22 R1/2 51 3.90 3.60 24.40 23.10

16 3 42 24 R3/8 90 60 9.90 7.70 − −
4 37.5 R1/2 66 10.10 7.90 − −

Part Number
Nominal Body 

Color A C  ats
H

Thread Size
M

Effective Sectional Area (mm2)
(Urethane Tube)

Mass
(g)

Unit Price
Type D Qty. 1~9 Qty. 10~49

MJCNC

4
M5

B(Black)

W(White)

21.5 9.8 2 M5x0.8 2.7 6 3.10 2.20
1 20.5 9.8 2.5 R1/8 4 8 3.10 2.20

6
M5 23 11.8 2 M5x0.8 4.4 7 3.20 2.20
1 23 11.8 4 R1/8

10.6
9 3.20 2.20

2 23 13.8 4 R1/4 15 3.40 2.40

8
1 28 14 5 R1/8 20.4 15 3.50 2.50
2 27 14 6 R1/4

22
15 3.70 2.60

3 22.5 17 6 R3/8 21 4.20 2.90

10

1 30.5 17.5 5 R1/8 20.1 26 4.60 3.20
2 28.5 17.5 6 R1/4 26.3 21 4.50 3.20
3 28.5 17.5 8 R3/8 30.1 27 4.60 3.20
4 26.5 22 8 R1/2 30.1 46 5.70 4.00

12
2 34 19.5 6 R1/4 26.3 33 5.50 3.90
3 29.5 19.5 8 R3/8 37.9 28 5.60 3.90
4 28.5 22 8 R1/2 37.9 47 6.20 4.30

Part Number
Nominal Body 

Color A B  ats
H

Thread Size
M

Effective Sectional Area (mm2)
(Urethane Tube)

Mass
(g)

Unit Price
Type D Qty. 1~9 Qty. 10~49

MJCNF

4
1

B(Black)

W(White)

25.5 11 12 Rc1/8
4

9 4.10 2.60
2 28.5 14 17 Rc1/4 23 4.40 2.90

6
1 27 11 14 Rc1/8

10.3
16 4.10 2.60

2 30 14 17 Rc1/4 24 4.40 2.90
3 31 15 19 Rc3/8 25 4.80 3.20

8
1 28.5 11 17 Rc1/8

22.4
26 4.20 2.70

2 31.5 14 17 Rc1/4 27 4.40 2.90
3 32.5 15 19 Rc3/8 29 4.80 3.20

10
2 34.5 14 19 Rc1/4

30.5
42 4.80 3.20

3 35.5 15 19 Rc3/8 35 5.10 3.50
4 38.5 18 24 Rc1/2 51 5.90 4.30

12
2 36 14 22 Rc1/4

35.5
57 5.20 3.60

3 37 15 22 Rc3/8 53 5.30 3.70
4 40 18 24 Rc1/2 56 6.00 4.40

Part Number Body 
Color A C Effective Sectional Area (mm2)

(Urethane Tube)
Mass

(g)
Unit Price

Type D Qty. 1~9 Qty. 10~49

UJSTL

4

B(Black)

W(White)

33.5 10 4 4 2.10 2.00
6 36.5 12.5 10 6 2.10 2.00
8 39.5 14.5 22 8 2.40 2.30
10 45 17.5 30 13 3.00 2.90
12 47.5 20 35 17 3.40 3.20
16 58 26.5 90 38 7.70 6.00

Part Number Body 
Color A C D2

Effective Sectional Area (mm2)
(Urethane Tube)

Mass
(g)

Unit Price
Type D1 Qty. 1~9 Qty. 10~49

UJDST

4
B(Black)

W(White)

36.5 12.5 6 3.5 6 4.50 2.90
6 39.5 14.5 8 10 8 4.60 3.00
8 45 17.5 10 22 12 5.40 3.50

10 47.5 20 12 30 17 5.70 3.70

Part Number
D2

Body 
Color A C ℓ Effective Sectional Area (mm2)

(Urethane Tube)
Mass

(g)
Unit Price

Type D1 Qty. 1~9 Qty. 10~49

UJRDS

4
6

B(Black)

W(White)

38.5 10 21 3.2 3 3.90 2.50
8 40.4 10 21 3.2 4 4.10 2.70

6
8 41 12.5 22

9.6
4 4.10 2.70

10 08.203.455.025.2124

8
10 44.5 14.5 23

22
6 4.50 2.90

12 00.306.47125.4144
10 12 48 17.5 25 30 9 5.30 3.40

Part Number
Nominal Body 

Color A B C W / Flats
H

Thread Size
M

Effective Sectional Area (mm2)
(Urethane Tube)

Mass
(g)

MJELL Unit Price MJELLS Unit Price
Type D Qty. 1~9 Qty. 10~49 Qty. 1~9 Qty. 10~49

MJELL
MJELLS

3.2 M5 B(Black) 15.5 13
8.5

8 M5x0.8
2.3

3.5 3.70 2.90 − −
1 15.5 17.5 10 R1/8 6.4 3.50 2.80 − −

4
M5

B(Black)

W(White)

18 15 10 8 M5x0.8 3.2 5 2.30 2.20 10.80 10.20
1 18.5 20.5 10 10 R1/8

3.5
8 2.00 1.90 10.80 10.20

2 18.5 24 10 14 R1/4 15 2.40 2.20 12.60 11.90

6

M5 20 15 12.5 10 M5x0.8 4.2 7 2.30 2.20 11.80 11.20
1 21 24 12.5 12 R1/8

8
13 2.00 1.90 12.10 11.40

2 21 27.5 12.5 14 R1/4 18 2.20 2.10 12.90 12.20
3 21 29 12.5 17 R3/8 26 2.60 2.50 16.30 15.40

8
1 23.5 25.5 14.5 14 R1/8

18
17 2.30 2.20 13.00 12.30

2 23.5 28.5 14.5 14 R1/4 20 2.40 2.30 13.60 12.90
3 23.5 30 14.5 17 R3/8 28 2.60 2.50 15.70 14.90

10

1 27 28 17.5 17 R1/8 24.3 26 3.10 3.00 18.50 17.50
2 27 31 17.5 17 R1/4

27
28 3.10 3.00 19.20 18.20

3 27 32.5 17.5 17 R3/8 33 3.20 3.10 19.30 18.30
4 27 35.5 17.5 22 R1/2 49 3.90 3.80 26.80 25.40

12
2 29.5 33 20 19 R1/4 33 37 3.90 3.70 26.00 24.70
3 29.5 34.5 20 19 R3/8

35
43 4.00 3.80 26.20 24.80

4 29.5 37.5 20 22 R1/2 56 4.40 4.10 27.40 26.00

16 3 35.5 41 26.5 22 R3/8 80 63 9.00 7.30 − −
4 35.5 44 26.5 22 R1/2 76 9.20 7.40 − −

Part Number
Nominal Body 

Color A B C W / Flats
H

Thread Size
M

Effective Sectional Area (mm2)
(Urethane Tube)

Mass
(g)

Unit Price
Type D Qty. 1~9 Qty. 10~49

MJELG

4
1

B(Black)

W(White)

18.5 35.5 10 10 R1/8
3.5

15 4.70 3.30
2 18.5 39 10 14 R1/4 24 5.40 3.80

6
1 21 40 12.5 12 R1/8

8
26 4.90 3.40

2 21 43.5 12.5 14 R1/4 34 5.30 3.70

8
1 23.5 44.5 14.5 14 R1/8

18
39 5.50 3.90

2 23.5 47.5 14.5 14 R1/4 39 5.80 4.10
3 23.5 49 14.5 17 R3/8 56 6.60 4.60

10
2 27 56 17.5 17 R1/4

27
69 7.10 5.00

3 27 57.5 17.5 17 R3/8 70 7.40 5.20
4 27 60.5 17.5 22 R1/2 109 8.40 5.90

12
2 29.5 60 20 19 R1/4 33 94 8.10 5.70
3 29.5 61.5 20 19 R3/8

34.5
95 8.20 5.70

4 29.5 64.5 20 22 R1/2 122 9.40 6.60

Part Number Body 
Color A C E Effective Sectional Area (mm2)

(Urethane Tube)
Mass

(g)
Unit Price

Type D Qty. 1~9 Qty. 10~49

UJEBL

4

B(Black)

W(White)

18.5 10 4.2 3 5 2.20 2.10
6 21 12.5 4.2 7.5 7 2.20 2.10
8 23.5 14.5 4.2 17 9 2.50 2.40

10 27 17.5 4.2 25.5 15 3.10 3.00
12 29.5 20 4.2 34 18 3.50 3.30
16 37 26.5 4.2 80 42 7.80 6.10

Part Number Body 
Color A B C ℓ Effective Sectional Area (mm2)

(Urethane Tube)
Mass

(g)
Unit Price

Type D Qty. 1~9 Qty. 10~49

UJLCN

4
B(Black)

W(White)

18.5 30 10 14 2.1 4 4.00 2.80
6 21 34 12.5 16.5 6.7 6 4.10 2.90
8 23.5 36.5 14.5 17.5 16.6 9 4.60 3.20
10 27 41.5 17.5 20 24.7 14 5.50 3.90
12 29.5 44.5 20 21.5 34 18 6.10 4.30

Part Number Body 
Color A W / Flats

H
Thread Size

M x Pitch
C

(max)
Effective Sectional Area (mm2)
(Urethane Tube)

Mass
(g)

MJBUL Unit Price MJBULS Unit Price
Type D Qty. 1~9 Qty. 10~49 Qty. 1~9 Qty. 10~49

MJBUL
MJBULS

4

B(Black)

W(White)

33 14 M12X1 7.5 4 20 4.00 3.60 23.90 22.70
6 36 17 M14X1 9.5 10 33 4.00 3.60 25.20 23.90
8 39 19 M16X1 12.5 22 42 4.40 4.00 24.30 23.00
10 44.5 23 M20X1 18 30 75 5.50 5.00 26.20 24.80
12 47 26 M22X1 20.5 35 92 5.90 5.30 41.00 38.90
16 57.5 30 M26X1.5 26 80 144 14.70 12.70 − −

Part Number
Nominal A B C W / Flats

H
Thread Size

M
Effective Sectional Area (mm2)
(Urethane Tube)

Mass
(g)

Unit Price
Type D Qty. 1~9 Qty. 10~49

MJEFE

4
M5 18 14.5

10
8 M5X0.8

3.6
5 3.30 2.60

1 05.202.388/1R015.0281
2 07.204.3514/1R414281

6

M5 18.5 15

12.5

10 M5X0.8 4.3 6 3.50 2.80
1 20 23.5 12 R1/8

9.2
12 3.10 2.40

2 06.203.3714/1R417202
3 00.308.3628/3R715.8202

8
1 22 25

14.5
14 R1/8

20
16 3.70 2.90

2 00.308.3914/1R418222
3 02.300.4828/3R715.9222

10

1 25 26

17.5

17 R1/8 25.5 25 4.50 3.60
2 25 29 17 R1/4

29
26 4.50 3.60

3 06.306.4138/3R715.0352
4 02.403.5742/1R225.3352

12
2 27 30.5

20
19 R1/4 35.5 35 5.40 4.30

3 27 32 19 R3/8
39

41 5.50 4.40
4 07.409.5552/1R225372
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