
QInstruction Manual

Single-phase Main Power Supply
AC 100V/200V

Emergency Stop Circuit

Controller

Regenerative unit

E Supplied by Customer: Power supply with 1A current capacity is 
required for brake-integrated models.

DC24V External Power Supply (for Drive Brake)

Support Software 
(RS-Manager)

Upper Controller (PLC etc.)

Handset Terminal

Surge Absorber

Noise Filter

D Class Grounding

Main Power Disconnect Device
(Circuit Breaker)

L1

N1

L

N

EXT Connector
(Back Side)

RSH Series Robot (Slider Type)

 Refer to FA Mechanical Components Catalog.

119 120

Part 
Number

Unit Price Volume Discount Rate
1 pc 2 ~ 3 pcs. 4 ~ 5 pcs.

EXRS-RGT

Part 
Number Language Type Applicable 

Model
Unit Price Volume Discount Rate
1 volume 2 ~ 3 Copies 4 ~ 5 Copies

EXRS-MJ5

Japanese

Actuator
(Standard)

RS1/2/3
RSD1/2/3
RSDG1/2/3
RSH1/2/3/4/5
RSF4

EXRS-MJ6 Actuator
(Clean Spec.)

RS1C/2C/3C
RSH1C/2C/3C

EXRS-KJ3
Controller

EXRS-C1/C21/C22
EXRS-KJ4 EXRS-P1

EXRS-ME5

English

Actuator
(Standard)

RS1/2/3
RSD1/2/3
RSDG1/2/3
RSH1/2/3/4/5
RSF4

EXRS-ME6 Actuator
(Clean Spec.)

RS1C/2C/3C
RSH1C/2C/3C

EXRS-KE3
Controller

EXRS-C1/C21/C22
EXRS-KE4 EXRS-P1

E Instruction Manuals are also 
downloadable frow our website.

 http://www.misumiusa.com/robot/

ミスミ単軸ロボット

ユーザーズマニュアルRS Series

Ver. 1.00

RS1 / RS2 / RS3
RSD1 / RSD2 / RSD3

RSDG1 / RSDG2 / RSDG3
RSH1 / RSH2 / RSH3

JUAM136100

MJ5

ミスミ単軸ロボットコントローラ

ユーザーズマニュアルC1/C21/C22

JUMM136100

KJ3Ver. 1.00

Part Number EXRS-RGT
Dimensions W30 x H142 x D118mm (excluding mounting stay)
Mass 470g
Regenerative Absorption Starting Voltage Approx. 420V or more
Regenerative Absorption Stopping Voltage Approx. 380V or more
Applicable actuator types RSH4 (P.99) / RSH5 (P.101) / RSF4 (P.103)
Application Requirement For vertical application of RSH4/RSH5/RSF4, more than 700mm stroke
Applicable Controller EXRS-C21A/C21B/C22A/C22B

E Be sure to install with clearance with the adjacent controller. Recommended Clearance: Approx. 20mm
E Use the included dedicated cable for connection with the controller.

Caution!! (Application Requirement)
For vertical application of 
RSH4/RSH5/RSF4 , more than 
700mm stroke

QConnection Diagram

QRegenerative Unit

[A] Accessory
Dedicated Connection Cable 
for Controller (300mm)
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