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Couplings (One-Touch)

continued

Couplings (One-Touch) —
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Material: PBT (Polybutylene Terephthalate)

Thread: C3604 Brass
Electroless Nickel Plating

Couplings (One-Touch) — FY Type
Elbow Unions
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Material: PBT (Polybutylene Terephthalate)
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Couplings (One-Touch) —
Cross Unions _
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Material: PBT (Polybutylene Terephthalate)

Couplings (One-Touch) —
Blind Plugs
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Material: PBT (Polybutylene Terephthalate)

Couplings (One-Touch) —

Nipple
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Material: PBT (Polybutylene Terephthalate)

Couplings (One-Touch) —
Irregular Connection Plugs
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Material: PBT (Polybutylene Terephthalate)

Part Number | Part Number

Example UNYLF4

/|
BSLG6

¥ MiSUMi

Part Number Wrench| Thread | ..
L, L, Ly B A G F P Flats | Size @
Type D H M
41186 | 11.8 | 17.8 | 145 9 25 | 183 | 93 8 M5x0.8| 7.4
6] 22 | 145|265 | 155|112 | 25 | 226 | 13 13 R1/8 | 185
USTE 8281 | 18 34 | 178 | 136 | 3 278 | 17 17 R1/4 | 35
10| 275 | 18 34 | 19.4 | 16.3 3 333 | 17 17 R1/4 | 57.5
12 (349 | 22 | 448|224 | 197 | 5 39.7 | 20 24 R1/2 | 98
PartNumber |\ | o, |8 | ¢ | | E| L |6 | N | p |Mass
Type D @
41175 |235| 16 10 21 3.2 1 18 | 155 | 11 8
61195 | 27 | 175|125 | 26 | 42 | 135|225 | 17 | 135 12
UNYLF 8| 22 29 19 [ 145 | 30 | 42 | 155|265 | 18 | 155 16
10255 | 33 |215|175| 36 | 42 | 185|315 | 20 | 185 25
12| 28 | 355 | 23 20 4 42 | 2 37 | 215 | 21 34
P:;:) :lumber - 0 @ E N M(g?s
8 23.6 13.6 3.2 17 14.5
USCRS 10 25 16.3 4.2 20 20.5
12 32.2 19.7 4.2 24 38
Part Number
Type D 0 5 © M(;is
4 30 1 6 0.5
6 34 14 8 1
BSLG 8 38 16 10 2
10 41 16 12 3
12 43 16 14 4
Part Number A B |Effective Sectional Area (mm?) iass
Type D @)
4 37.5 16 3.2 2
6 39.5 17 12.6 3
MSPJ 8 432 18.5 19.6 4
10 47 21 31.2 6
12 52.8 225 50.2 8
Part Number D, A B, B, sectional Avea Mass
Type D, (mm?) @
4 6 38.3 16 17 3.2 3
BSLDS 6 8 412 17 18.5 126 3
10 45 18.5 21 18.8 5
10 12 49.8 21 22.5 31.2 8
Specifications
Applicable Fluid Air
Operating Temperature Range 0-60°C
Max. Operating Pressure 0.9 MPa
Operating Vacuum Level -100 kPa

There’s more on the web: misumiusa.com

Couplings (One-Touch)
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Couplings (One-Touch) — parthumben D, A B ¢, , P
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Material: PBT (Polybutylene Terephthalate)
Couplings (One-Touch) — Part Number | Nominal Wrench Flats Thread Size
) A B c P
R (PT) Double Y-Shaped Type p, | Diameter H R (PT)
4 1 182 | 415 9 1 9.2 R1/8
DSLYL 2 18.2 | 445 9 14 9.2 R1/4
6 1 22.6 45 11.2 13 11.4 R1/8
| Part Number Part Number
Material: PBT (Polybutylene Terephthalate) /] Example DSLYL6-1
Thread: C3604 Brass e .
Electroless Nickel Plating Specifications
Applicable Fluid Air
Operating Temperature Range 0-60°C
Max. Operating Pressure 0.9 MPa
Operating Vacuum Level -100 kPa
- Part Number
Couplings (One-Touch) - a DUNL D, A B ® ® P F X Y
Triple Single o Type D
- S[Igﬁt — o6 [ 185 | e | 10 |25 | 105 [ 185 | s | 105
& .l'\ ED I 7N <c| 8 19.5 66 10 145 10.5 15.5 39 11.5
e TJ g | R _p-tas DUNL 8 21 73 | 125 | 145 | 13 | 155 | 465 | 115
2 Ll ] 3-D1 F 6
{ AP = 10 22 78.5 125 17.5 13 18.5 46.5 13
A\ é 8| 10 | 235 | 845 | 145 | 175 | 15 | 185 | 525 | 13
m Material: PBT (Polybutylene Terephthalate) Part Number Part Number |- D, ‘
w Example DUNLW4 - 8
. Part Number
Couplings (One-Touch) - “ DUNLW D, | A| B |B |B|C | C|P |F|FR|X Y
Triple Double Q Type | Dy
(3]
A7 4 8 |195| 66 | 195 295| 10 (145|105 | 10 | 175 | 38 | 10.5
ML I=© DUNLW | 6 | 10 | 22 | 785 | 22 | 32 | 125|175 | 13 | 10 | 195 | 45 | 12
‘ 2-4.5 8| 12 |245| 87 |245| 36 |145| 20 | 15 | 115 22 | 51 | 13
ot 1] oo
X Specifications
‘ Applicable Fluid Air
m Material: PBT (Polybutylene Terephthalate) Operating Temperature Range -15-60°C
Max. Operating Pressure 1 MPa
Operating Vacuum Level -100 kPa

Check out misumiusa.com for the most current pricing and lead time.
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Suction Components / Nozzles



