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Holders for Aluminum Extrusions
Circular / Square Post

Holders for Aluminum Extrusions –
Square Post

LCAC
20 mm Square Mounting Clamp
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Holders for Aluminum Extrusions – 
Circular Post

Material: 2017  Aluminum Alloy 
Surface Treatment: Anodize

Insert the protrusion on the base into 
the slot of the aluminum extrusion.

Components Material Surface Treatment
Body Polyamide (Black) —

Screws Structural Alloy Steel Trivalent Chromate

Nuts 1018 Carbon Steel  
or Equivalent Trivalent Chromate

 �Screws and nuts for the mounting 
side are not included.

LCSA
Post Perpendicular Holders

LCSBN
Post Parallel Holders
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 �LCSB has changed to LCSBN.  The mounting holes are now counterbored.

Part Number - D

LCSA6 - 10

Part Number - D

LCAH6 - 20

LCAH
20 mm Square  
Perpendicular Mounting 
Holder

 �LCAC has 
evacuations 
for molding.

Part Number
D Extrusion 

(Series) A B h L H F b J K E d d1 Z MA W Ra Rb Included 
ScrewType No.

LCSA

5

6

HFS5

33 10 10 20.5 6.5 22

5.5

10

5.8

10
3.5 6.5 3.5 M3 1

5

1

SCB3-6

8 36 12 12 23 7 25
12

12 6 SCB3-8

10 39 16 15 28.5 8.5 28 16 4.5 8 4.5 M4 1.5 8 SCB4-10

6

8
HFS6

38 12 12 23 7 25

6.6

8

7.8

12 3.5 6.5 3.5 M3 1 6 SCB3-8

10 42 16
15

28.5 8.5 30
12

16
4.5 8 4.5 M4 1.5

8 SCB4-10

12 44 18 29 9 32 18 9 SCB4-12

Part Number
D Extrusion 

(Series) A B h L H F b b1 Y J K E d d1 Z MA W Ra Rb Included 
ScrewType No.

LCSBN

5

6

HFS5

35 10 10 20.5 6.5 22

5.5 9 3.5

10

5.8

10
3.5 6.5 3.5 M3 1

6

1

SCB3-6

8 37 12 12 23 7 24
12

12 7 SCB3-8

10 41 16 15 28.5 8.5 28 16 4.5 8 4.5 M4 1.5 9 SCB4-10
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8
HFS6

41 12 12 23 7 26

6.6 11 4

8

7.8

12 3.5 6.5 3.5 M3 1 7 SCB3-8

10 45 16
15

28.5 8.5 30
12

16
4.5 8 4.5 M4 1.5

9 SCB4-10

12 47 18 29 9 32 18 10 SCB4-12

Part Number
D  

(Nominal)

Applicable Extrusion Applicable Screw and T Nut  
for the Mounting Side

Included Screw and 
 T Nut for the Post Side

Type No. Mounting Side Post Side Screw Quantity T Nut Quantity Screw Quantity Nut Quantity

LCAH
6 20

HFS6
HFS5
-2020

CBM6-12 2 HNTT6-6 2 M6x23 1
M6

(JIS Class 1)
1

LCAC — — — — — M6x23 2 M6 
(JIS Class 1) 2
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Cable Clamps – 
Circular Type

Cable Covers

Cable Cover – L-Shaped Connectors

Cable Clamps – 
Diamond Type

Cable Clamps / Cable Covers
Diamond  / Circular Type / L-Shaped Connectors

 Material: ABS Resin

 Material: �Polypropylene Resin

 The photograph is of HFCC8.

HSCE Standard Length

HSCEF Configurable Length
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 �Encase a cable duct along an 
aluminum extrusion with 2 
pcs. of L-shaped connectors.

HSCELA 

(Vertical L-shaped)
When these parts are set up When these parts are set up

Arrow View A
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Arrow View A

HFCC5 PACK
50 pcs./Pkg.

HFCC6 PACK
50 pcs./Pkg.

HFCC8 PACK
50 pcs./Pkg.
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Attachable by hand.

HFCN5 PACK
50 pcs./Pkg.

HFCN6 PACK
50 pcs./Pkg.

HFCN8 PACK
50 pcs./Pkg.
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Attachable by hand. The photograph is of HFCN8.

Cable Covers Standard Length Cable Covers Configurable Length

140°

Band Binding Range

140°

Band
Cable Turns 90°

 Cable clamps secure cables to an aluminum extrusion.  
 Bands are not included.

 �When ordering, please note the quantity.  
300 pcs will be delivered for an order of 1 HFCC5PACK-SET.

 When using No.8 for HFS8-45, the fit becomes slightly firmer.
 50 pcs. per set

Alteration Code
Set of 300 pcs. SET

Alteration Code
Set of 300 pcs. SET

 �When ordering, please note the quantity.  
300 pcs will be delivered for an order of 1 HFCC5PACK-SET.

How to use a cable cover

Press the cable
cover onto the 
extrusion (HFS8 
Series).

(1) (1) When installing an 
     L-shaped
     connector

(2) When installing an 
     L-shaped
     connector

(2) (3) (4)

Open cable cover 
and insert the L 
connector.

Put cables into 
the cable cover.

Open cable cover 
and insert the L 
connector.

Close the tab 
of the cable 
cover.

 �Cables can be  
easily housed.

 �When mounting upside 
down, the cable cover 
may open depending on 
weight of cables.

Material: Polyamide 
Color: Light Gray

Material: Polyamide 
Color: Light Gray

Part Number

HFCC6PACK

Part Number - Color - L

HSCE8
HSCELB8

-
-

S
S

- 2

Part Number - (SET)

HFCC6PACK - SET

Part Number - (SET)

HFCN6PACK - SET

HSCELB 
(Flat L-shaped)

Part Number
Extrusion (Series)

Type No.

HFCN
5PACK HFS5

6PACK HFS6

8PACK HFS8   HFS8-45

Part Number
Extrusion (Series)

Type No.

HFCC
5PACK HFS5

6PACK HFS6

8PACK HFS8   HFS8-45

Part Number
Color L 

m
Applicable Extrusion 

(Series)Type No.

HSCE 8 S  
(Light Gray) 2 HFS8

Part Number
Color

Type No.

HSCELA
8 S 

(Light Gray)HSCELB

Part Number
Color L 1 mm Increment Applicable Extrusion 

(Series)Type No.

HSCEF 8 S  
(Light Gray) 100–2000 HFS8
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