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There’s more on the web: misumiusa.com Check out misumiusa.com for the most current pricing and lead time.

Manifold Blocks (Hydraulic / Pneumatic)

Thread JIS B0203 R (PT)

4 -

Mounting Hole

Part Number d1
Rc (PT)

d2
Rc (PT) A B L P P1 P2 E F Y d3 d4 ℓ

Type No.

BMBN
Oil Hydraulic

BMBNR
Water Hydraulic

!      *4, 5 and 6 are  
only available for 
BMAN only.

2

12 1/8 1/4

30 35

90

40

50 —

25 22 7 11 6.6 6.5

22 1/423 3/833 3/834 1/2

3

12 1/8 1/4

130 90 —
22 1/423 3/833 3/834 1/2

*4

12 1/8 1/4

170 130 —
22 1/423 3/833 3/834 1/2

*5

12 1/8 1/4

210 170 —
22 1/423 3/833 3/834 1/2

*6

12 1/8 1/4

250 210 125
22 1/423 3/833 3/834 1/2

Part Number d1
Rc (PT)

M (Coarse)

d2
Rc (PT)

M (Coarse)
A B L P P1 P2 E F Y d3 d4 ℓ

Type No.

BMSN
Pneumatic

2

11 1/8 1/8

30 30 70 30 55 — 20 20 7 9.5 5.5 5.512 1/422 1/4
55 M5 M555N 15 15 45 15 35 15 10 3.5 — 4.3 —

3

11 1/8 1/8

30 30 100 30 85 — 20 20 7 9.5 5.5 5.512 1/422 1/4
55 M5 M555N 15 15 60 15 50 15 10 3.5 — 4.3 —

4

11 1/8 1/8

30 30 130 30 115 -— 20 20 7 9.5 5.5 5.512 1/422 1/4
55 M5 M555N 15 15 75 15 65 15 10 3.5 — 4.3 —

5

11 1/8 1/8

30 30 160 30 145 — 20 20 7 9.5 5.5 5.512 1/422 1/4
55 M5 M555N 15 15 90 15 80 15 10 3.5 — 4.3 —

6

11 1/8 1/8

30 30 190 30 175 95 20 20 7 9.5 5.5 5.512 1/422 1/4
55 M5 M555N 15 15 105 15 95 — 15 10 3.5 — 4.3 —

Type Material Surface Treatment Max. Operating Pressure
BMBN General Structural Steel Trivalent Chromate

20.6 MPa = 210 kgf/cm² or Less
BMBNR 304 Stainless Steel —

BMSN Aluminum Alloy — 1 MPa = 10 kgf/cm² or Less

!    The material of BMSN_-55N is 6063 Aluminum Alloy.

* No._-55N is for limited space.
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2-d4 Through
d3 Counterbore Depth ℓ
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2-d4 Through
d3 Counterbore Depth ℓ

2-d4 Through
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2-d4 Through
d3 Counterbore Depth ℓ

2-d4 Through
d3 Counterbore Depth ℓ

3-d4 Through
d3 Counterbore  Depth ℓ

For BMSN6-55N, no mounting hole at L/2 position.

Part Number

BMBN2-12

Manifold Blocks – Hydraulic

Manifold Blocks – Pneumatic

6.3
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Ø11 Counterbore Depth 6.5

2-d2

d1

2-d1

3-d1

2-Ø6.6 Through

2-d2

2-Ø6.6 Through

2-d2

2-Ø6.6 Through

2-d2

2-Ø6.6 Through

2-d2

3-Ø6.6 Through

2-d2

6-d1

5-d1

4-d1

70

30

35 3540

35 35

35 3540 40 40 40

40 40

70

110

150
4035 40 40 35

190

150

110 230

190

35 35 35 3540 40 40

135

230

270

40 40

40

40
40

40

40

40

20
20

20

20

217
7

7

7
40

20 7

7

20

40

20

40

20

Ø11 Counterbore Depth 6.5
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Manifold Blocks (Hydraulic / Pneumatic)

 Manifold Blocks – Pneumatic

BMRN

BMRAN

(Normal Pressure: 20.6 MPa = 210 kgf/cm² or Less)
Material: General Structural Steel 
Surface Treatment: Trivalent Chromate

(Normal Pressure: 1 MP = 10 kgf/cm² or Less)

1 - 6 -Manifold Blocks – Hydraulic

6.3

2-Ø5.5 Through

2-Ø5.5 Through
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3-Ø5.5 Through

2-d2

2-d2 2-d2

2-d2
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16070

100 130

115
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2-Ø5.5 Through
Ø9.5 Counterbore Depth 5.5

2-Ø5.5 Through
Ø9.5 Counterbore Depth 5.5

Ø9.5 Counterbore 
Depth 5.5

Ø9.5 Counterbore Depth 5.5

Ø9.5 Counterbore Depth 5.5

Mounting Hole

2 -

3 -
4 -

5 -

2 - 5 -

4 -3 -

Part Number d1
Rc (PT)

d2
Rc (PT)Type No.

BMRN
Hydraulic

1
22 1/4 1/4

13 1/8 3/8

2

23 1/4 3/8

33 3/8 3/8

34 3/8 1/2

3

22 1/4 1/4

33 3/8 3/8

34 3/8 1/2

4

12 1/8 1/4

22 1/4 1/4

23 1/4 3/8

33 3/8 3/8

5

22 1/4 1/4

23 1/4 3/8

34 3/8 1/2

6 24 1/4 1/2

Part Number

BMRN2-33 
BMRAN3-22

Material: Aluminum Alloy

1 - 6 -

Part Number d1
Rc (PT)

d2
Rc (PT)Type No.

BMRAN
Pneumatic

1
11 1/8 1/8

22 1/4 1/4

2

11 1/8 1/8

12 1/8 1/4

22 1/4 1/4

3

11 1/8 1/8

12 1/8 1/4

22 1/4 1/4

4

11 1/8 1/8

12 1/8 1/4

22 1/4 1/4

5 22 1/4 1/4

6 22 1/4 1/4


